
EK 164S|047616 Premium Liquid Line Drier, 16 cu. in. 1/2" ODF 
EK 304S|048213 Premium Liquid Line Drier, 30 cu. in. 1/2" ODF 
EK 305S|048215 Premium Liquid Line Drier, 30 cu. in. 5/8" ODF 
ASD 45S7VV|049173 Premium Suction Line Filter Drier, 45 cu. in. 7/8" ODF 
ASD 50S9VV|049174 Premium Suction Line Filter Drier, 50 cu. in. 1-1/8" ODF 
SFD 13S6VV|060250 Suction Line Filter Drier, 13 cu. in. 3/4" ODF 
SFD 13S7VV|060262 Suction Line Filter Drier, 13 cu. in. 7/8" ODF 
H 48|059542 Filter Drier Core for ADKS and STAS Shells

FILTER DRIERS & CORES

A-AS 4106|060820 Suction Accumulator 4” diameter 3/4” connection 
A-AS 5137|060814 Suction Accumulator 5” diameter 7/8” connection

ACCUMULATORS

HMI 1TT5|065408 Hermetic Moisture Indicator 5/8" ODF 
HMI 1TT7|065410 Hermetic Moisture Indicator 7/8" ODF

SIGHT GLASSES

TFES 12ZAA-04|066146 TXV replaceable power element, bi-directional, 12 ton R-410A, 5/8” x 7/8” ODF 
TFES 16ZAA-03|066151 TXV replaceable power element, bi-directional, 16 ton R-410A, 7/8” x 1-1/8” ODF 
TFES 20ZAA-03|066154 TXV replaceable power element, bi-directional, 20 ton R-410A, 7/8” x 1-1/8” ODF 
TX7-Z16 806816|806816 Bi-directional, 20 ton R-410A 
TX7-Z17 806818|806818 Bi-directional, 25 ton R-410A 
TX7-Z18 806820|806820 Bi-directional, 33 ton R-410A 
TX7-Z19 806822|806822 Bi-directional, 47 ton R-410A

THERMOSTATIC EXPANSION VALVES

White-Rodgers Distributor Commercial 
Cooling Season Stocking List

BVS 038 806752|806752 Ball valve with access valve 3/8" ODF 
BVS 058 806756|806756 Ball valve with access valve 5/8" ODF 
BVS 078 806758|806758 Ball valve with access valve 7/8" ODF 
BVS 118 806759|806759 Ball valve with access valve 1-1/8" ODF

BALL VALVES

200RB 4T3TVLC|049162 Normally closed solenoid, pilot-operated, 1/4" port, 3/8" ODF 
200RB 4T4TVLC|049163 Normally closed solenoid, pilot-operated, 1/4" port, 1/2" ODF 
200RB 5T5TVLC|049165 Normally closed solenoid, pilot-operated, 5/16" port, 5/8" ODF 
200RB 6T5MVLC|047547 Normally closed solenoid, pilot-operated, 3/8" port, 5/8" ODF, manual stem 
240RA 9T7MVLC|043204 Normally closed solenoid, pilot-operated, 9/16" port, 7/8" ODF, manual stem 
AMG 2-01|057331 120V, 50-60Hz Junction Box Coil 
AMG 4-01|057343 120-240V, 50-60Hz Junction Box Coil 
AMG 3-01|057342 208-220V, 50-60Hz Junction Box Coil 
AMG 1-01|057341 24V, 50-60Hz, Junction Box Coil

SOLENOIDS & COILS

50E70-820 Trane non-integrated ignition module single stage HSI 
50N02A-820 Trane integrated ignition control two stage direct spark with 80 or 0 second cool fan off delay 
50N02B-820 Trane integrated ignition control two stage direct spark with 45 or 0 second cool fan off delay 
F50N02-820 Trane adapter board for ignition controls

IGNITION CONTROLS
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