
View our catalog to see 
our extensive portfolio 
of cooling solutions. 

Universal Products Quick Reference Guide * Universal thermostats provide the flexibility to control 
Single Stage, Multi-Stage or Heat Pump Systems.

3-Wire Zone applications require common wire.

With an outdoor sensor, thermostats 1F95-0680 
& 1F95-0671 switch between heat pump and 
gas furnace for optimal efficiency in dual fuel or 
electric systems.

Only 1 remote sensor may be used–either indoor 
or outdoor.

COOLING
MODEL / ITEM NUMBER DESCRIPTION

HERMETIC FILTER DRIERS & CORES
EK 032S / 060012 Prem. Liq. Line 03 Cu. In. 1/4" ODF
EK 032SVCAP / 063208 Prem. Liq. Line 03 Cu. In. 1/4" ODF x Cap Tube
EK 052SVCAP / 065846 Prem. Liq. Line 05 Cu. In. 1/4" ODF x Cap Tube
EK 053S / 047604 Prem. Liq. Line 05 Cu. In. 3/8" ODF
EK 083S / 047608 Prem. Liq. Line 08 Cu. In. 3/8" ODF
EK 163S / 047614 Prem. Liq. Line 16 Cu. In. 3/8" ODF
BFK 083S / 043323 Bi-Flow 08 Cu. In. 3/8" ODF
BFK 163S / 043333 Bi-Flow 16 Cu. In. 3/8" ODF
BSL 083S / 066759 Residential Liq. Line 08 Cu. In. 3/8" ODF
BSL 163S / 066761 Residential Liq. Line 16 Cu. In. 3/8" ODF
BSB 083S / 066130 Residential Bi-Flow 08 Cu. In. 3/8" ODF
BSB 163S / 066131 Residential Bi-Flow 16 Cu. In. 3/8" ODF
CU 083S / 064393 Copper Liq. Line 08 Cu. In. 3/8" ODF
CU 163S / 064395 Copper Liq. Line 16 Cu. In. 3/8" ODF
ASD 45S7VV / 049173 Prem. Suc. Line 45 Cu. In. 7/8" ODF
ASD 50S9VV / 049174 Prem. Suc. Line 50 Cu. In. 1-1/8" ODF
SFD 13S6VV / 060250 Economy Suc. Line 13 Cu. In. 3/4" ODF
SFD 13S7VV / 060262 Economy Suc. Line 13 Cu. In. 7/8" ODF
H 48 / 059542 Universal High Water Capacity 48 Cu. In
UK 48 / 061617 Prem. 48 Cu. In

HERMETIC MOISTURE INDICATORS
HMI 1TT2 / 065405 1/4" ODF, 3% Relative Humidity

HMI 1TT3 / 065406 3/8" ODF, 3% Relative Humidity

HMI 1TT4 / 065407 1/2" ODF, 3% Relative Humidity

HMI 1TT5 / 065408 5/8" ODF, 3% Relative Humidity

HMI 1TT7 / 065410 7/8" ODF, 3% Relative Humidity

BALL VALVES
BVSS 038 / 081014 3/8" ODF, Welded

BVSS 058 / 081016 5/8" ODF, Welded

BVSS 078 / 081018 7/8" ODF, Welded

BVSS 118 / 081019 1-1/8" ODF, Welded

THERMOSTATIC EXPANSION VALVES
TXV+Connect 2-1/2TR-22 / 066657 1-1/2 to 3 tons R-22 Universal
TXV+Connect 5TR-22 / 066658 3-1/2 to 5 tons R-22 Universal
TXV+Connect 1-1/2TR-410A / 
066660 1-1/2 tons R-410A Universal

TXV+Connect 2TR-410A / 066661  2 tons R-410A Universal
TXV+Connect 3TR-410A / 066662 3 tons R-410A Universal
TXV+Connect 4TR-410A / 066663 4 tons R-410A Universal
TXV+Connect 5TR-410A / 066664  5 tons R-410A Universal

NBE 8ZAA-02 / 091048 8 tons R-410A, 5/8" x 7/8" ODF 

NBE 10ZAA-03 / 091050 10 tons R-410A, 5/8" x 7/8" ODF 

TX7-Z16 806816 / 806816 20 tons R-410A, 7/8" x 1-1/8" ODF 
TX7-Z17 806818 / 806818 25 tons R-410A, 7/8" x 1-1/8" ODF
TX7-Z18 806820 / 806820 33 tons R-410A, 7/8" x 1-1/8" ODF
TX7-Z19 806822 / 806822 47 tons R-410A, 7/8" x 1-1/8" ODF

ELECTRONIC EXPANSION VALVES
EX4-I21 800615 / 097719 1/2 to 5.5 tons R-410A, 3/8" x 5/8" ODF

EX5-U21 800618 / 097720  1.5 to 16 tons R-410A, 5/8" x 7/8" ODF

EX6-I21 800620 / 097721 4.5 to 40 tons R-410A, 7/8" x 1-1/8" ODF

EX7-I21 800624 / 097722 11.5 to 110 tons R-410A, 1-1/8" x 1-3/8" ODF

EX8-I21 800631 / 097723 28.5 to 292 tons R-410A, 1-5/8" x 1-5/8" ODF

EXD-SH1K / EXD-SH1K Controller kit for single valve

EXD-SH2K / EXD-SH2K Controller kit for two valves

COOLING
MODEL / ITEM NUMBER DESCRIPTION

SOLENOIDS & COILS
100RB 2S2VLC / 047503 1/8" Port, 1/4" ODF connections
100RB 2S3VLC / 047504 1/8" Port, 3/8" ODF connections
200RB 2T3VLC / 053106 1/8" Port, 3/8" ODF connections
200RB 3T3VLC / 049609 3/16" Port, 3/8" ODF connections
250RA 8T5MVLC-01 / 1840052 1/2" Port, 5/8" ODF connections
250RA 9T7MVLC-01 / 1840087 9/16" Port, 7/8" ODF connections
AMG 1-01 / 057341 24V 50/60Hz Coil, Junction Box
AMG 2-01 / 057331 120V 50/60Hz Coil, Junction Box

AMG 3-01 / 057342 208-220V 50Hz, 208-240V 60Hz Coil,  
Junction Box

AMG 4-01 / 057343 120-240V 50-60Hz Coil, Junction Box

OTHER COOLING PRODUCTS

49M11-843 / 49M11-843 SureSwitch Multi-Volt  
Universal Contactor

47D01U-843 / 47D01U-843 Universal Heat Pump  
Defrost Control

1609-101 / 16 09 101S1 Hydraulic Temp Control

16E09-101 / 16E09-101 Electronic Temp Control

AOFD 553 / 062829 Oil Filter Drier

OMB JB24 / 065365 Oil Management Control

2 lines of 
contact info

Free color 
logo printing

On-screen 
contact info

In-app logo & 
contact info

Promote your business like never before with our 
unparalleled free contractor branding.

We offer a comprehensive range of printed and digital 
options to ensure your brand and contact details stay 
at the forefront of customers' minds, making return 
service a breeze.

WHITE-RODGERS 
MOBILE
Quickly find the HVAC replacement 
part you need, access product 
and installation information, plus 
priority technical support—all while
on the job.

PRO CONTRACTOR 
BRANDING
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Smart Thermostats
Energy Star® Certified

 Traditional 
Thermostats

PROGRAMMING OPTIONS SYSTEM
COVERAGE

MAX STAGE
HEAT / COOL

MODEL

APPLICATIONS POWER 
SOURCE PERFORMANCE FEATURES COMFORT & CONVENIENCE 
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Sensi™ Touch 2  
Smart Thermostat

P / NP 7 Day, NP,  
Geofencing 8 Max Universal 1/1 2/2 4/2

1F96U-42WF (White)
● ● ● ● ● ● ● HUM L, O ● ● ● ● ● ● 8 RC,RH,C,Y,Y2/ * ,W/E,W2/* ,G,O/

B,ACC+,ACC-
1F96U-42WFB (Black)

Sensi™ Lite  
Smart Thermostat

P / NP 7 Day, NP,  
Geofencing 8 Max Universal 1/1 2/1 or 

1/2 1/1 1F76U-22WFB ● ● ● ● ● ● ● ● ● L, O ● ● ● ● 2.25 R,O/B/ * ,Y,G,W/E,C

Sensi™ Touch  
Smart Thermostats

P / NP 7 Day, NP,  
Geofencing 8 Max Universal 1/1 2/2 4/2

1F95U-42WF (White)
● ● ● ● ● ● ● ● L ● ● ● ● 8 RC,  RH,  C,  W/E,  W2/* ,  Y,  Y2 / * ,  O/B/6 , 

G,  L1F95U-42WFB (Black)
1F95U-42WFS (Silver)

Sensi™ Smart 
Thermostats

P / NP 7 Day, NP,  
Geofencing 8 Max Universal 1/1 2/2 4/2 1F87U-42WF ● ● ● ● ● ● ● ● ● ● L ● ● ● ● 5 RC,  RH,  C,  W/E,  W2/* ,  Y,  Y2 / * ,  O/B/2 , 

G,  L

80 Series™  
Thermostats

P / NP

7, 5+1+1, NP 4, 2, 0 Universal 1/1 2/2 4/2 1F85U-42PR ● ● ● ● ● ● ● ● ● L ● ● ● 5 RC, RH, C, W/E, W2, Y, Y2, O/B/6, G, L

7, 5+1+1, NP 4, 2, 0 Universal 1/1 2/2 2/1 1F85U-22PR ● ● ● ● ● ● ● ● ● L ● ● ● 5 RC, RH, C, W/E, W2, Y, Y2, O/B/6, G, L

7, 5+1+1, NP 4, 0 Heat Pump 2/1 1F83H-21PR ● ● ● ● ● L ● ● ● 4.5 R, C, W2, E, Y, O/B, G, L
7, 5+1+1, NP 4, 0 Single Stage 1/1 1/1 1F83C-11PR ● ● ● ● ● ● ● ● ● 4.5 RC, RH, C, W, Y, O/B, G

NP

NP 0 Universal 1/1 2/2 4/2 1F85U-42NP ● ● ● ● ● ● ● ● ● L ● ● 5 RC, RH, C, W/E, W2, Y, Y2, O/B/6, G, L
NP 0 Universal 1/1 2/2 2/1 1F85U-22NP ● ● ● ● ● ● ● ● ● L ● ● 5 RC, RH, C, W/E, W2, Y, Y2, O/B/6, G, L
NP 0 Heat Pump 2/1 1F83H-21NP ● ● ● ● ● L ● ● 4.5 R, C, W2, E, Y, O/B, G, L
NP 0 Single Stage 1/1 1/1 1F83C-11NP ● ● ● ● ● ● ● ● 4.5 RC, RH, C, W, Y, O/B, G

70 Series™  
Thermostats

P / NP
7, 5 + 1 + 1, NP 4 Single Stage 1/1 1/1 1F75C-11PR ● ● ● ● ● ● ● ● 3 RC, RH, Y, W, O/B, G, C 
7, 5 + 1 + 1, NP 4 Heat Pump 2/1 1F75H-21PR ● ● ● ● L ● ● ● 3 R, Y, G, E, W2, O/B, C

NP
NP 0 Single Stage 1/1 1/1 1F75C-11NP ● ● ● ● ● ● ● 3 RC, RH, Y, W, O/B, G, C 
NP 0 Heat Pump 2/1 1F75H-21NP ● ● ● ● L ● ● 3 R, Y, G, E, W2, O/B, C

Blue Series  
Thermostats

P / NP

7, 5+1+1, NP 4, 2, 0 Universal, 
Humidity 1/1 2/2 4/2 1F95-1291 ● ● ● ● ● ● ● ● ● ● ● ● L,O ● 1 ● ● ● ● 12 RC, RH, C, W/E, W2, Y, Y2, O/B, G, L, 6, 

+, S, —, DHM, HM

7, 5+1+1, NP 4, 2, 0 Universal 1/1 2/2 4/2 1F95-1277 ● ● ● ● ● ● ● ● ● ● ● L,O ● 1 ● ● ● ● 12 RC, RH, C, W/E, W2, Y, Y2, O/B, G, L, 6, 
+, S, —

7, 5+1+1, NP 4, 2, 0 Single Stage 
/ Heat Pump 1/1 2/1 1F97-1277 ● ● ● ● ● ● ● ● ● ● ● L,O ● 1 ● ● ● ● 12 RC, RH, C, W/E, Y, O/B, G, L, 6, +, S, —

P / NP 7, NP 4, 2, 0 Universal,  
Easy Reader 1/1 2/2 4/2 1F95EZ-0671 ● ● ● ● ● ● ● L ● ● ● ● 6 RC, RH, C, W/E, W2, Y, Y2, O/B, G, L, 6

NP

5+1+1 4 Single Stage 1/1 1/1 1F80-0261 ● ● ● ● ● ● ● 2 R, C, W, Y, O/B, G

5+1+1 4 Heat Pump 2/1 1F82-0261 ● ● ● ● ● ● 2 R, C, W2, Y, O/B, G, L

NP 0 Single Stage 1/1 1/1 1F86-0244 ● ● ● ● ● ● ● 2 R, C, W, Y, O/B, G

NP 0 Heat Pump 2/1 1F89-0211 ● ● ● ● ● ● 2 R, C, W2, Y, O/B, G, L

Frequently Asked Questions

How do I get started? Visit procontractorbranding.com
to create your digital branding profile and custom thermostat 
designs for each model you purchase.

Can I add both my logo and contact information? 
Only Sensi™ and 80 Series™ display both logo and text.  
Other models show either logo or text.

Is it free? The design and printing are free.  
You just pay for the thermostats.

How long does it take? Orders processed  
in 9 business days and shipped free to  
your distributor for pickup.

Is there a minimum order?  
12 thermostats of the same model.

https://www.copeland.com/en-us/products/heating-and-air-conditioning/white-rodgers/contractor/contractor-branding
https://climate.emerson.com/en-us/products/heating-and-air-conditioning/white-rodgers/contractor/contractor-branding


ELECTRONIC CONTROLS
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CONTROL  
TYPE

IGN. 
TYPE

IGN. 
VOLTAGE

INDUCER 
MOTOR

BLOWER 
MOTOR

MODEL 
NUMBER

FURNACE CONTROLS
Universal* Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50A55-843 Flush Mount Heat, Cool R, C, W, Y G ● ● 135

Universal* Single Stage Int. Furn. Ctrl. HSI 80V PSC PSC 50A65-843 Flush Mount Heat, Cool R, C, W, Y G 38

Universal* Single Stage Int. Furn. Ctrl. HSI 120V** PSC PSC / ECMx 50M56X-843 Flush Mount Heat, Cool, Fan R, C, W, Y G ● ●
WR 

Conn. 
App

550+

Universal* Two-Stage Int. Furn. Ctrl. HSI 120V* PSC PSC 21M51U-843 Standoff Lo/Hi Heat, 
Cool

R, C, W1, W2, YLo, 
Y, G ● ● 92

Universal* Two-Stage Int. Furn. Ctrl. HSI 120V* PSC Var. Spd. 21V51U-843 Standoff 16-pin Intf. R, B/C, W1, W2, YLo, 
Y, G, O, DHUM ● ● 59

Carrier Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50M56U-751 Cover Heat, Cool,  
Fan

R, C, W, Y/Y2, Y1, G, 
DHUM ● ● 37

Carrier Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50M56D-751 Flush Mount Heat, Cool, Fan R, C, W, Y, G, DHUM ● ● 13

Carrier Two-Stage Int. Furn. Ctrl. HSI 120V PSC PSC, Var. 
Spd., ECMx 21V51D-751 Tray Lo/Hi Heat,  

Cool

R, COM 24V, W/W1, 
W2, Y1, Y/Y2, G, 
DHUM

● 23

Goodman Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50A55-743 Standoff Heat, Cool R, C, W, Y G ● 15

Goodman Single or Two-Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50M56-743 Standoff Lo/Hi Heat, Cool R, C, W, Y G 11

Goodman Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50T35-743 Standoff Heat, Cool R, G, W ● ● 12

Goodman Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50M56-707 Standoff Heat, Cool R, C, W, Y, G ● 14

Goodman Two-Stage Int. Furn. Ctrl. HSI 120V PSC ECMx 50M58-707 Standoff 6-wire Intf. R,C,W1,W2,YLO,Y,G ● ● 10

Goodman Two-Stage Int. Furn. Ctrl. HSI 120V Var. Spd. Var. Spd. 50C51-707 Standoff 4-wire Intf. 1, 2, R, C, W1, W2, 
Y1, Y2, G, O DHUM ● 18

Lennox Single Stage Int. Furn. Ctrl. HSI 80V PSC PSC 21D83M-843 Standoff  
& Steel Panel Heat, Cool, Fan R, C, W, Y G ● ● 43

Lennox Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50M56U-801 Standoff Heat, Cool, Fan R, C, W, Y G ● 42

Lennox Single Stage Int. Furn. Ctrl. HSI 80V PSC PSC 50A66-743 Standoff Heat, Cool, Fan R, C, W, Y G 16

Lennox /
ICP Single Stage Int. Intelligent 

Valve Retrofit Kit HSI 120V PSC PSC 50I56D-905 Flush Mount Heat, Cool R, C, W, Y G ● ● 53

Trane Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50A55-3797 Standoff Heat, Cool R, C, W, Y G 19

Trane Single Stage Int. Furn. Ctrl. HSI 80V PSC PSC 50A65-5165 Standoff Heat, Cool R, C, W, Y G ● 18

Trane Two-Stage Int. Furn. Ctrl. HSI 120V* Var. Spd. Var. Spd. 50V54-820 Standoff 16-pin Intf. R, B/C W1, W2, Y, 
YLo, G, O, BK ● ● 20

York Single Stage Int. Furn. Ctrl. HSI 120V PSC PSC 50A56-956 Standoff  
& Steel Brkt. Heat, Lo/Hi Cool R, C, W, Y1, Y/Y2, G ● ● 27

NON-INTEGRATED IGNITION MODULES

Universal* Single Stage Non-Integrated 
Ign. Mod. HSI

24V
120V
240V

PSC — 50E47U-843 Surf. Mt. or 
4x4 Jct. Box — TH (W) , TR (C) ●

WR 
Conn. 
App

325+

Universal* Single Stage Non-Integrated 
Ign. Mod.

Intermittent 
Pilot/DSI — — — 50D50U-843

4 mounting 
holes for #8 
screw

— TH (W), TR (BRN 
GND) ●

WR 
Conn. 
App

1000+

Lennox Single Stage Non-Integrated 
Ign. Mod.

Prov./
Intermittent 
Pilot - Spark

— — — 50D50-801
Surf. Mt./4x4 
Jct. Box  
Steel Brkt.

— TH (W), TR (C) ● ● ● 44

FURNACE FAN BLOWER CONTROLS

Universal Single Stage Furn. Elec.  
Fan Timer

HSI, DSI, Int. 
Gas Valve — PSC PSC 50F06-843 Tray — R, C, W, Y, G ● ● 162

AIR HANDLER CONTROLS

Carrier Single Stage Airflow AH Ctrl. — — — PSC or ECMx 48M55-751 Metal Stndf. 1 R, C, G, W 10

Carrier Single Stage Airflow AH Ctrl. — — — PSC 48P55-751 Metal Stndf. 1 R, C, G, W 7

Goodman Two-Stage Airflow AH Ctrl. — — — Var. Speed 48C21-707 Standoff 4-wire Intf. 1, 2, R, C, W1, W2, 
Y1, Y2, G, O, DHUM ● 14

Rheem Single Stage Airflow AH Ctrl. — — — PSC 48P21-811 Standoff M1, Fan R, C, G, W1, W2, Y1 ● 14

Rheem Single Stage Airflow AH Ctrl. — — — ECMx 48X21-811 Standoff X13 SPD, X13 
G, COM R, C, G, W1, W2, Y1 9

Trane Single Stage Airflow AH Time 
Delay Rly. — — — PSC 57T01-843 Metal Plate — — 7

OUTDOOR CONTROLS

Universal Single Stage Univ. Multi-Volt  
Contactor (AC/Ref.) — — — PSC 49M11-843 Flush Mount — LINE VOLTAGE, C, Y 362

Universal Single Stage Univ. Defrost Ctrl. — — — PSC 47D01U-843 Tray — R, C/B, Y, O/B, W/D/
X2, WIN ● ● 438

Goodman Two-Stage AC/Heat Pump Ctrl. — — — PSC or ECM 49S25-707 Standoff — 1, 2, R, C, W1, Y1, 
Y2, O, L ● 18

Rheem Single Stage Demand Def. Ctrl. — — — PSC 47D40-801 Metal Stndf. — R, C, Y, B, D ● 23

Rheem Single Stage Demand Def. Ctrl. — — — PSC or ECM 47D43-811 Plastic Stndf. — R, C, Y, B, D ● 19

COMMERCIAL / ROOFTOP CONTROLS

Trane Single Stage Non-Int. 
Ignition Module HSI 120V PSC PSC 50E70-820 Standoff. 

Adapter Board — System 4 Pin 
Connector 15

Trane Two-Stage Int. Furn. Ctrl. Direct Spark — PSC PSC 50N02A-820 Standoff. 
Adapter Board Hi, Low R (24VAC), B (GND), 

W1, W2, Y, G 15

Trane Two-Stage Int. Furn. Ctrl. Direct Spark — PSC PSC 50N02B-820 Sheet 
Metal Screws Hi, Low R (24VAC), B (GND), 

W1, W2, Y, G 7

Trane — Adaptor Board — — — — F50N02-820 — — — ● 4
* For 80V applications use supplied 120V nitride ignitor. ** For 80V applications purchase 120V nitride ignitor. 1 Configure and diagnose control in the White-Rodgers Connect App.

GAS VALVES

REGULATOR 
SETTING 
(inches) VOLTAGE

MODEL 
NUMBER

NATURAL GAS 
ADJUSTMENT  
RANGE (WC) 

(inches}

LP GAS 
ADJUSTMENT  
RANGE (WC) 

(inches) LP
 C

ON
VE

RS
IO

N 
KI

T 
IN

CL
.

RE
DU

CE
R 

BU
SH

IN
G 

KI
T

IN
LE

T 
/ O

UT
LE

T 
PR

ES
SU

RE
 TA

P

ST
AN

DI
NG

 P
IL

OT
 

W
/ L

IN
E 

IN
TE

RR
UP

TE
R

HS
I /

 D
SI

IN
TE

RM
IT

TE
NT

 
/ P

RO
VE

N 
PI

LO
T

STAGES 
/ OPENING 

CHARACTERISTIC

PIPE  
SIZE

(inches)
FLOW 

DIRECTION
SIDE 
TAPS

36C SERIES STANDING PILOT
1-Stage / Fast-Opening 3/4" x 3/4" Straight Thru No 3.5" 120 VAC 36C01A-405 2.5"-5" 4.2"-11" Yes Yes No / Yes Yes1 No No

1-Stage / Fast-Opening 1/2" X 3/4" Straight Thru No 3.5" 24 VAC 60 Hz 36C03-300 2.5"-5" 7.5"-12" Yes No / Yes Yes No No

1-Stage / Fast-Opening 1/2" X 3/4" Straight Thru Yes 3.5" 24 VAC 60 Hz 36C03-333 2.5"-5" 7.5"-12" Yes Yes / Yes Yes No No

1-Stage / Fast-Opening 3/4" x 3/4" Straight Thru No 3.5" 24 VAC 60 Hz 36C03-400 2.5"-5" 7.5"-12" Yes Yes / Yes Yes No No

1-Stage / Fast-Opening 3/4" x 3/4" Straight Thru Yes 3.5" 24 VAC 60 Hz 36C03-433 2.5"-5" 7.5"-12" Yes Yes / Yes Yes No No

1-Stage / Fast-Opening 3/4" x 3/4" Straight Thru No 3.5" 120 VAC 60 Hz 36C03A-410 2.5"-5" 7.5"-12" Yes No / Yes Yes No No

1-Stage / Fast-Opening 1/2" X 3/4" Straight Thru Yes 3.5" 750 mV 36C03U-333 2.5"-5" 7.5"-12" Yes Yes / Yes Yes No No

1-Stage / Fast-Opening 3/4" x 3/4" Straight Thru Yes 3.5" 750 mV 36C03U-433 2.5"-5" 7.5"-12" Yes Yes / Yes Yes No No

1-Stage / Slow-Opening 3/4" x 3/4" Straight Thru No 3.5" 24 VAC 60 Hz 36C53-418 2.5"-5" 7.5"-12" No2 No / Yes Yes No No

36H SERIES HSI / DSI, INTERMITTENT / PROVEN PILOT
1-Stage / Fast-Opening 1/2" X1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36H32-214 2.5"-5" 5"-12" Yes No Yes / Yes No Yes Yes

1-Stage / Fast-Opening 1/2" X 3/4" Straight Thru No 3.5" 24 VAC 50/60 Hz 36H32-304 2.5"-5" 5"-12" Yes Yes Yes / Yes No Yes Yes

1-Stage / Fast-Opening 3/4" X 3/4" Straight Thru No 3.5" 36H32-423 2.5"-5" 5"-12" Yes Yes Yes / Yes No Yes Yes

1-Stage / Slow-Opening 3/4" X 3/4" Straight Thru No 3.5" 36H33-412 2.5"-5" 5"-12" Yes Yes Yes / Yes No Yes Yes

2-Stage / Fast Opening 3/4" X 3/4" Straight Thru No 1.1" Low, 3.5" High 36H64-463 1"-3.5" Low, 2.5"-5" High 4"-9.5" Low, 8"-12" High Yes Yes Yes / Yes No Yes Yes

2-Stage / Slow-Opening 3/4" X 3/4" Straight Thru No 1.1" Low, 3.5" High 36H65-401 1"-3.5" Low, 2.5"-5" High 4"-9.5" Low, 8"-12" High Yes Yes Yes / Yes No Yes Yes

36G, J SERIES HSI / DSI
1-Stage / Fast-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36G22-254 2.5"-5" 7"-12" No3 No Yes / Yes No Yes No

1-Stage / Fast-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36G32-500 2.5"-5" 7"-12" Yes No Yes / Yes4 / NPT & Towers No Yes Yes

1-Stage / Slow-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36G33-500 2.5"-5" 7"-12" Yes No Yes / Yes4 / NPT & Towers No Yes Yes

1-Stage / Fast-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36J22-214 2.5"-5" 7"-12" Yes Yes Yes / Yes No Yes No

1-Stage / Fast-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36J22Y-2125 2.5"-5" 7"-12" Yes No Yes / Yes No Yes No

1-Stage / Slow-Opening 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36J24-214 2.5"-5" 7"-12" Yes Yes Yes / Yes No Yes No

Modulating 1/2" X 1/2" Straight Thru No 3.5" 24 VAC 50/60 Hz 36J27-554 0.4"-4" 1.3"-11.5" Yes Yes Yes / Yes No Yes No

2-Stage / Fast Opening Straight Thru 1.5" Low, 3.5" High 36J54-214 1"-4" Low, 2"-5" High 4"-10" Low, 6"-12" High Yes Yes Yes / Yes No Yes No

2-Stage / Slow-Opening Straight Thru 1.5" Low, 3.5" High 36J55-214 1"-4" Low, 2"-5" High 4"-10" Low, 6"-12" High Yes Yes Yes / Yes No Yes No

1-Stage / Slow-Opening 90° Bottom Outlet 3.5" 36J24-614 2.5"-5" 7"-12" Yes No Yes / Yes No Yes No

2-Stage / Slow-Opening 90° Bottom Outlet 1.5" Low, 3.5" High 36J55-614 1"-4" Low, 2"-5" High 4"-10" Low, 6"-12" High Yes No Yes / Yes No Yes No

1 36C01A-405 has pilot port but no thermocouple line interrupter.  2 36C53-418 order F92-0659 Nat. to LP conversion kit for 7.5-12.0 range. 3 Use F92-0659 to convert to regulated L.P. gas.  4 To measure outlet pressure on valves, loosen outlet 
pressure tap screw one quarter turn and put manometer hose. 5 Goodman specific max regulation feature.

MODEL 
NUMBER

LEAD 
LENGTH DESCRIPTION

MODELS 
REPLACED

21D64-2 15.5" Includes 120V nitride ignitor, Universal 
mounting brackets, & ceramic wire nuts 150 +

21D64-5PK 15.5" 5-pack contains 5 single pack ignitor kits 150 + 

21D64-44 14.5" Includes 120V nitride ignitor, Universal 
mounting brackets & ceramic wire nuts 200 +

Features:

• Durable nitride ignitor
• Universal brackets & ceramic nuts
• Replaces most carbide ignitors
• 5-year warranty

Features:

•  Bend or cut straight rod to 
    replace 150+ part numbers

•  High temperature rod
    withstands 2200°F (1204°C)

•  3-year limited warranty

UNIVERSAL 
FLAME SENSOR

Take the guesswork out of configuration and diagnostics 
for hundreds of service calls with the innovative White-
Rodgers Connect app and universal heating controls. 

No more fiddling with dipswitches, counting flashing 
LEDs, or looking up fault codes. White-Rodgers Connect 
is preloaded with OEM default settings to save you time 
on installation. With more cross references than any 
other supplier, you can carry less and replace more. 

WORK  
SMART
GET MORE DONE IN LESS TIME 
WITH THE WHITE-RODGERS CONNECT APP

Learn More

UNIVERSAL HOT 
SURFACE IGNITOR

HotRod™
21D64-2

HotRod™ EX
21D64-44

MODEL 
NUMBER

LEAD 
LENGTH DESCRIPTION

ELECTRICAL 
CONNECTION

790-843A1 30" Universal Prem. flame sensor 1/4" female or 3/16" female 
spade quick terminal 

790-843A5PK 30" Universal Prem. flame sensor, 5 pack 1/4" female or 3/16" female 
spade quick terminal 

790-843A1

https://emerson.pathfactory.com/allspark-launch/all-spark-game-changer-flashlight

